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KIT CoNTENTS
U   Strain Gages (10/Pkg):
 –  SGD-3/350-LY11  

(Ribbon Leads)
 –  SGD-7/350-LY41  

(Solder Pads)
 –  KFG-10-120-C1-11L1M2R 

(Lead Wire)
 – BTP-1 (Terminal Pads)
 – BTP-2 (Terminal Pads)
U   Coatings: ABM75 Aluminum 

Foil with Putty
U   Adhesives: 

– SG401 (0.1 oz) 
– SG496 (1 oz)

U   Application Note: 
Guide to Applying  
Strain Gages/Manual

U   Tools: 
– Flat Brush 
– Fold-Out 6x Magnifier 
– 12" Ruler 
– 10' Flexible Ruler 
– Glass Fiber Eraser 
– Scissors, Dented 
– Scissors, Pointed

 –  Dental Probe with Bent Point
 – Dental Spatula for Cement
 –  Stripper for Removing 

Insulation

 The SG1-KIT  
contains all the necessary  
tools to apply strain gages,  
plus an assortment of popular  
strain gages.

 – Knife with 6 Blades
 –  10' Roll of Multicolor  

Ribbon Cable
 – Roll of Mylar® Tape
 –  Sheet of 180-, 240-,  

400-Grade Emery Cloth
 – Straight Tweezers
 – Curved Tweezers
 – Rugged Carrying Case

strain gage 
application kit

U Tools
U Adhesives
U Coatings
U   Strain Gage 

Assortment

SG1-KIT shown 
smaller than actual 
size. Not all kit 
contents shown here.

 To Order
 ModEl No.  dESCRIPTIoN
 SG1-KIT  Complete strain gage application kit

Aluminum foil  
with putty.

sg1-kit


