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Series FSW-20 FSW-25 FSW-40/50 FSW-30A FSW301 FSW302 FSW307
Starting Price $183 $250 $180 $214 $141 $160 $100
Page No. B-77 B-78 B-79 B-80 B-75 B-76 B-76
Maximum 149 149 93 82 80 80 80
Temperature °C (°F) (300) (300) (200) (180) (176) (176) (176)
Maximum Pressure (psi) 2000 355 300 400 365 362 145
Pipe Sizes 1to 4" 1to 3" 1to 10" %to 1" % to 8" %to1" %to 1"
Connection 1 MNPT 1 MNPT 1 MNPT % to 1 FNPT Y MNPT %to 1" %to 1"
Technology Paddle Paddle Paddle Paddle Paddle Paddle Paddle
Special Features Bi- NEMA4X SPDT 15A Flow Adjustable Brass Body PVC Body
Directional through paddle
design length
L s’, o
Thermal Switches had T B
Series FSW-410 | FSW-420 FSW-9000 FSW-6000 FST-200 FST-320 FST-211-R
Starting Price $170 $295 $636 $438 $185 $195 $430
Page No. B-81 B-82 B-83 B-85 B-87 B-88 B-89
Maximum 80 80 80 80 60 60 60
Temperature °C (°F) (176) (176) (176) (176) (140) (140) (140)
Maximum Pressure (psi) 150 450 4350 4350 150 150 150
Pipe Sizes Various 0.25" tube 2" and 2" and 3, to 12" 3, to 12" 3, to 12"
and up larger larger
Connection % MNPT Various Various Various % MNPT 3% MNPT 3% MNPT
Technology Thermal Thermal Thermal Thermal Thermal Thermal Thermal
Special Features Temperature Push 41020 mA Up to 248F SPST SPST 10A relay
and flow button output with sanitary | for liquids for gases AC Power
switch scaling option
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More than 100,000 Products Available!

o Temperature

Calibrators, Connectors, General Test and Measurement
Instruments, Glass Bulb Thermometers, Handheld Instruments
for Temperature Measurement, Ice Point References,
Indicating Labels, Crayons, Cements and Lacquers, Infrared
Temperature Measurement Instruments, Recorders Relative
Humidity Measurement Instruments, RTD Probes, Elements
and Assemblies, Temperature & Process Meters, Timers and
Counters, Temperature and Process Controllers and Power
Switching Devices, Thermistor Elements, Probes and
Assemblies, Thermocouples Thermowells and Head and Well
Assemblies, Transmitters, Wire

o Flow and Level

Air Velocity Indicators, Doppler Flowmeters, Level
Measurement, Magnetic Flowmeters, Mass Flowmeters,
Pitot Tubes, Pumps, Rotameters, Turbine and Paddle Wheel
Flowmeters, Ultrasonic Flowmeters, Valves,Variable Area
Flowmeters, Vortex Shedding Flowmeters

« pH and Conductivity

Conductivity Instrumentation, Dissolved Oxygen
Instrumentation, Environmental Instrumentation, pH
Electrodes and Instruments, Water and Soil Analysis
Instrumentation

« Data Acquisition

Auto-Dialers and Alarm Monitoring Systems,
Communication Products and Converters, Data
Acquisition and Analysis Software, Data Loggers
Plug-in Cards, Signal Conditioners, USB,R5232, RS485
and Parallel Port Data Acquisition Systems, Wireless
Transmitters and Receivers

e Pressure, Strain and Force

Displacement Transducers, Dynamic Measurement

Force Sensors, Instrumentation for Pressure and Strain
Measurements, Load Cells, Pressure Gauges, Pressure
Reference Section, Pressure Switches, Pressure Transducers,
Proximity Transducers, Regulators,

Strain Gages, Torque Transducers, Valves

o Heaters

Band Heaters, Cartridge Heaters, Circulation Heaters,
Comfort Heaters, Controllers, Meters and Switching
Devices, Flexible Heaters, General Test and Measurement
Instruments, Heater Hook-up Wire, Heating Cable
Systems, Immersion Heaters, Process Air and Duct,
Heaters, Radiant Heaters, Strip Heaters, Tubular Heaters

e click here to go to the omega.com home page e
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