Spring and Piston Selection

Guide

I
FL-2100A/

FL-6100A/

Series FL-9000 FL-2300A FL2900A FL2700A FL-6300A
Starting Price $57 $156 $157 $167 $199
Page No. B-49 B-59 B-66 B-65 B-57
Minimum Flow Rate AIR — — 0.5 SCFM 0.5 SCFM —
Max Flow Rate AIR — — 1000 SCFM 1000 SCFM —
Minimum Flow Rate WATER 0.5 GPM 0.05 GPM — — 0.2 GPM
Max Flow Rate WATER 28 GPM 2 GPM — — 15 GPM
Minimum Flow Rate OIL 0.5 GPM 0.05 GPM — — 0.2 GPM
Max Flow Rate OIL 28 GPM 2 GPM — — 15 GPM
Max Temp °F 250 400 240 240 400
Max Pressure PSIG 325 3500 1000 1000 3500
Accuracy 7% of full scale 2% of full scale | 2% of full scale 2% of full scale 2% of full scale
Connection 1 MNPT Y4 ENPT Ya, Vo, ¥ Ya, Vo, Y%, % FNPT

and solder 11, FNPT 114, FNPT
Outputs Available No No No No No
Special Features Dual Scale Dual Scale Multi Dual Scale Dual Scale

with LPM with LPM Pressure with LPM with LPM

Flow Scale

FL-7100A/ FL-8100A/ FLMH
Series FL-7300A FL-6400A FL-8300A FLMG FLMW
Starting Price $285 $701 $735 $172 $172
Page No. B-56 B-60 B-58 B-63 B-61
Minimum Flow Rate AIR — — — 1.2 SCFM —
Max Flow Rate AIR — — — 1000 SCFM —
Minimum Flow Rate WATER 0.2 GPM 0.2 GPM 3 GPM — 0.1 GPM
Max Flow Rate WATER 30 GPM 15 GPM 15 GPM — 150 GPM
Minimum Flow Rate OIL 0.2 GPM — 3 GPM — 0.1 GPM
Max Flow Rate OIL 30 GPM — 150 GPM — 150 GPM
Max Temp °F 400 400 400 600 600
Max Pressure PSIG 3500 6000 3500 1000 6000
Accuracy 2% of 2% of 2% of 4% of 4% of

full scale full scale full scale full scale full scale
Connection 3% FNPT Y% FNPT 1% FNPT Yay %y Vo, ¥, 1, Ya, %, Vo, %, 1,

1%, 1Y% FNPT 1%, 1Y% FNPT

Outputs Available No No No Relay, 4 to 20 mA | Relay, 4 to 20 mA
Special Features Dual Scale Dual Scale Dual Scale High Temp High Temp

with LPM with LPM with LPM Option Option

B-11




Series FLC FL-6100B FL-W7100 FL-W FL-500
Starting Price $98 $420 $599 $530 $150
Page No. B-55 B-71 B-72 B-73 B-51
Minimum Flow Rate AIR — 20 SCFM — — 5 SCFM
Max Flow Rate AIR — 250 SCFM — — 500 SCFM
Minimum Flow Rate WATER 0.5 GPM 2 GPM 3 GPH 1 GPM 0.5 GPM
Max Flow Rate WATER 30 GPM 30 GPM 152 GPM 90 GPM 50 GPM
Minimum Flow Rate OIL 0.5 GPM 1 GPM — — —
Max Flow Rate OIL 30 GPM 30 GPM — — —
Max Temp °F 250 240 350 200 150
Max Pressure PSIG 325 3000 1500 300 100
Accuracy 5% of full scale 2% of full scale 3% of full scale 5% of full scale 5% of full scale
Connection Y, % 1 FNPT Y, % FNPT Y, 1,11, 2 FNPT |34, 1, 115, 2 FNPT 1, 1% FNPT
Outputs Available — SPDT 10-15 A — SPDT 15 A Switch
Special Features Dual Scale Stainless with Vane and Dual Scale
Economical with LPM Hastelloy Available | Piston Design with LPM

\

J

Series FL-500WW FL-500UP FL9000-AC FLR6000D
Starting Price $207 $599 $205 $721
Page No. B-54 B-53 B-50 B-67
Minimum Flow Rate AIR — — — 2 SCFM
Max Flow Rate AIR — — — 1000 SCFM
Minimum Flow Rate WATER 0.5 GPM 0.5 GPM 0.5 GPM 0.1 GPM
Max Flow Rate WATER 50 GPM 50 GPM 28 GPM 150 GPM
Minimum Flow Rate OIL — — 0.5 GPM 0.1 GPM
Max Flow Rate OIL — — 28 GPM 150 GPM
Max Temp °F 150 150 250 240
Max Pressure PSIG 200 150 325 3500
Accuracy 5% of full scale 5% of full scale 7% of full scale 2% of full scale
Connection 1, 1% FNPT 1, 1% FNPT 1 MNPT and Yo, ¥%,1, 194 FNPT
Outputs Available Switch Switch Triac SSR 41020 mA
Special Features Dual Scale Dual Scale Dual Scale Digital
with LPM with LPM with LPM Display
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omega.com-

Your One-Stop Source for Process Measurement and Control!

‘ One Omega Drive | Stamford, CT 06907 | 1-888-TC-OMEGA (1-888-826-6342) | info@omega.com

www.omega.com

UNITED KINGDOM

Manchester, England

0800-488-488

UNITED STATES
www.omega.com

FRANCE

www.omeaga.fr
Guyancourt, France

088-466-342

1-800-TC-OMEGA
Stamford, CT.

CANADA CZECH REPUBLIC
www.omega.ca www.omegaeng.cz

Laval(Quebec) Karvina, Czech Republic

1-800-TC-OMEGA 596-311-899
GERMANY BENELUX
www.omega.de www.omega.nl

Amstelveen, NL
0800-099-33-44

Deckenpfronn, Germany
0800-8266342

More than 100,000 Products Available!

o Temperature

Calibrators, Connectors, General Test and Measurement
Instruments, Glass Bulb Thermometers, Handheld Instruments
for Temperature Measurement, Ice Point References,
Indicating Labels, Crayons, Cements and Lacquers, Infrared
Temperature Measurement Instruments, Recorders Relative
Humidity Measurement Instruments, RTD Probes, Elements
and Assemblies, Temperature & Process Meters, Timers and
Counters, Temperature and Process Controllers and Power
Switching Devices, Thermistor Elements, Probes and
Assemblies, Thermocouples Thermowells and Head and Well
Assemblies, Transmitters, Wire

o Flow and Level

Air Velocity Indicators, Doppler Flowmeters, Level
Measurement, Magnetic Flowmeters, Mass Flowmeters,
Pitot Tubes, Pumps, Rotameters, Turbine and Paddle Wheel
Flowmeters, Ultrasonic Flowmeters, Valves,Variable Area
Flowmeters, Vortex Shedding Flowmeters

« pH and Conductivity

Conductivity Instrumentation, Dissolved Oxygen
Instrumentation, Environmental Instrumentation, pH
Electrodes and Instruments, Water and Soil Analysis
Instrumentation

« Data Acquisition

Auto-Dialers and Alarm Monitoring Systems,
Communication Products and Converters, Data
Acquisition and Analysis Software, Data Loggers
Plug-in Cards, Signal Conditioners, USB,R5232, RS485
and Parallel Port Data Acquisition Systems, Wireless
Transmitters and Receivers

e Pressure, Strain and Force

Displacement Transducers, Dynamic Measurement

Force Sensors, Instrumentation for Pressure and Strain
Measurements, Load Cells, Pressure Gauges, Pressure
Reference Section, Pressure Switches, Pressure Transducers,
Proximity Transducers, Regulators,

Strain Gages, Torque Transducers, Valves

o Heaters

Band Heaters, Cartridge Heaters, Circulation Heaters,
Comfort Heaters, Controllers, Meters and Switching
Devices, Flexible Heaters, General Test and Measurement
Instruments, Heater Hook-up Wire, Heating Cable
Systems, Immersion Heaters, Process Air and Duct,
Heaters, Radiant Heaters, Strip Heaters, Tubular Heaters

e click here to go to the omega.com home page e
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