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DIN RaIl Fuse HolDeRs

ASK Fuse 
Holder Series

l DIN Rail Mounted Fuse Holders
l 1-, 2-, and 3-Pole
l  Models With Blown Fuse Indication
l 600V, 32 A (ASK 4)
l 600V, 50 A (ASK 6)

The ASK Series of DIN rail mounted fuse holders provides circuit 
protection for any industrial control system. Two standard fuse 
styles are supported: 14 x 51 mm (ASK 6) and 10 x 38 mm  
(ASK 4). Single pole, double pole, and 3 pole models are available, 
with or without blown fuse indicator lights. Fuses can be purchased 
separately (see accessories chart next page).

TecHNIcAl DATA—FuSe HolDeRS
Maximum operating current:  
 ASK 4: 32A @ 600V
 ASK 6: 50A @ 600V
Wire Range: 26–6 AWG
Dimensions:  
 ASK 4 (1 pole): 17.5 W x 81 mm H (0.69 x 3.2")
 ASK 6 (1 pole): 27 W x 94 mm H (1.06 x 3.7")
Standards: IEC 60947-1, IEC 60947-3

ASK-4-3I  
shown larger  
than actual size.

ASK-6-1  
shown larger  

than actual size.

 To Order
 Model No. deScrIptIoN
 ASK-4-1 DIN rail fuse holder, 10 x 38 mm (0.39 x 1.50") fuses, 1-pole, no indicator light
 ASK-4-2 DIN rail fuse holder, 10 x 38 mm (0.39 x 1.50") fuses, 2-pole, no indicator light
 ASK-4-3 DIN rail fuse holder, 10 x 38 mm (0.39 x 1.50") fuses, 3-pole, no indicator light
 ASK-4-1I DIN rail fuse holder, 10 x 38 mm (0.39 x 1.50") fuses, 1-pole, with indicator light
 ASK-4-2I DIN rail fuse holder, 10 x 38 mm (0.39 x 1.50") fuses, 2-pole, with indicator light
 ASK-4-3I DIN rail fuse holder, 10 x 38 mm (0.39 x 1.50") fuses, 3-pole, with indicator light
 ASK-6-1 DIN rail fuse holder, 14 x 51 mm (0.55 x 2.01") fuses, 1-pole, no indicator light
 ASK-6-2 DIN rail fuse holder, 14 x 51 mm (0.55 x 2.01") fuses, 2-pole, no indicator light
 ASK-6-3 DIN rail fuse holder, 14 x 51 mm (0.55 x 2.01") fuses, 3-pole, no indicator light
 ASK-6-1I DIN rail fuse holder, 14 x 51 mm (0.55 x 2.01") fuses, 1-pole, with indicator light
 ASK-6-2I DIN rail fuse holder, 14 x 51 mm (0.55 x 2.01") fuses, 2-pole, with indicator light
 ASK-6-3I DIN rail fuse holder, 14 x 51 mm (0.55 x 2.01") fuses, 3-pole, with indicator light

Ordering Examples: ASK-4-1, DIN rail mount fuse holder for 10 x 38 mm (0.39 x 1.50") fuses, 1-pole.
ASK-6-3I, DIN rail mount fuse holder for 14 x 51 mm (0.55 x 2.01") fuses, 3-pole, with indicator light.
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AcceSSoRIeS

Note: For our entire selection of fuses visit us online. 

 Model No. deScrIptIoN
 duAl eleMeNt 250V tIMe delAy FuSeS For ASK6 SerIeS
 ecNr1  Fuses, 250V, 1 A 
  ecNr2  Fuses, 250V, 2 A
  ecNr3  Fuses, 250V, 3 A 
  ecNr5 Fuses, 250V, 5 A 
  ecNr10  Fuses, 250V, 10 A 
  ecNr15  Fuses, 250V, 15 A 
  ecNr20  Fuses, 250V, 20 A 
  ecNr25  Fuses, 250V, 25 A 
  ecNr30 Fuses, 250V, 30 A 
 GeNerAl purpoSe 250V clASS M tIMe delAy FuSeS For ASK4 SerIeS
 MeN1    Fuses, 250V, 1 A 
  MeN2  Fuses, 250V, 2 A 
  MeN3  Fuses, 250V, 3 A 
  MeN5    Fuses, 250V, 5 A  
  MeN10    Fuses, 250V, 10 A
  MeN15     Fuses, 250V, 15 A 
  MeN20     Fuses, 250V, 20 A 
  MeN25   Fuses, 250V, 25 A 
  MeN30     Fuses, 250V, 30 A 
 GeNerAl purpoSe 500V clASS M tIMe delAy FuSeS For ASK4 SerIeS
 MeQ1     Fuses, 500V, 1 A 
  MeQ2  Fuses, 500V, 2 A 
  MeQ3 Fuses, 500V, 3 A 
  MeQ5 Fuses, 500V, 5 A 
  MeQ10 Fuses, 500V, 10 A 
  MeQ15     Fuses, 500V, 15 A 
  MeQ20 Fuses, 500V, 20 A 
  MeQ25 Fuses, 500V, 25 A
  MeQ30      Fuses, 500V, 30 A
 FASt ActING 600V clASS cc FuSeS For ASK4 SerIeS
  Hclr.5  Fuses, 600V, 0.5 A 
 Hclr.75  Fuses, 600V, 0.75 A 
  Hclr1 Fuses, 600V, 1 A 
  Hclr1.5  Fuses, 600V, 1.5 A 
  Hclr2  Fuses, 600V, 2 A
  Hclr2.5   Fuses, 600V, 2.5 A 
  Hclr3  Fuses, 600V, 3 A 
  Hclr3.5  Fuses, 600V, 3.5 A 
  Hclr4  Fuses, 600V, 4 A 
 Hclr5  Fuses, 600V, 5 A 
  Hclr6  Fuses, 600V, 6 A 
  Hclr7  Fuses, 600V, 7 A 
  Hclr8  Fuses, 600V, 8 A 
  Hclr9  Fuses, 600V, 9 A 
  Hclr10  Fuses, 600V, 10 A  
 Hclr12   Fuses, 600V, 12 A 
  Hclr15  Fuses, 600V, 15 A 
  Hclr20  Fuses, 600V, 20 A 
 Hclr25  Fuses, 600V, 25 A
  Hclr30  Fuses, 600V, 30 A



ASK-6-1I  
shown larger  

than actual size.
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ASK-4-1  
shown larger  
than actual size.

 Model No. deScrIptIoN
 FASt ActING 250V MIdGet clASS FuSeS For ASK4 SerIeS
 Mol.5 Fuses, 250V, 0.5 A 
  Mol1 Fuses, 250V, 1 A 
  Mol1.5 Fuses, 250V, 1.5 A 
  Mol2   Fuses, 250V, 2 A  
  Mol2.5  Fuses, 250V, 2.5 A 
  Mol3   Fuses, 250V, 3 A 
  Mol4  Fuses, 250V, 4 A 
  Mol5  Fuses, 250V, 5 A 
  Mol6   Fuses, 250V, 6 A  
  Mol8  Fuses, 250V, 8 A  
  Mol10  Fuses, 250V, 10 A 
  Mol15   Fuses, 250V, 15 A  
  Mol20   Fuses, 250V, 20 A 
  Mol25  Fuses, 250V, 25 A
  Mol30   Fuses, 250V, 30 A 
 FASt ActING 600V MIdGet clASS FuSeS For ASK4 SerIeS
 Mcl.5  Fuses, 600V, 0.5 A 
  Mcl1  Fuses, 600V, 1 A 
  Mcl1.5   Fuses, 600V, 1.5 A 
  Mcl2  Fuses, 600V, 2 A 
  Mcl2.5  Fuses, 600V, 2.5 A 
  Mcl3   Fuses, 600V, 3 A 
  Mcl3.5 Fuses, 600V, 3.5 A 
  Mcl4   Fuses, 600V, 4 A 
  Mcl5  Fuses, 600V, 5 A 
  Mcl6  Fuses, 600V, 6 A 
  Mcl8  Fuses, 600V, 8 A 
  Mcl10  Fuses, 600V, 10 A 
  Mcl12  Fuses, 600V, 12 A  
  Mcl15  Fuses, 600V, 15 A 
  Mcl20  Fuses, 600V, 20 A 
  Mcl25 Fuses, 600V, 25 A 
  Mcl30  Fuses, 600V, 30 A 
 dIN rAIl
 XBANS3575p  DIN rail, 35 x 7.5 mm x 2 m (1.4 x 0.30" x 6.6'), slotted
  XBANS3575u  DIN rail, 35 x 7.5 mm x 2 m (1.4 x 0.30" x 6.6'), solid
  XBANS3515p   DIN rail, 35 x 15 mm x 2 m (1.4 x 0.60" x 6.6'), slotted
  XBANS3515u  DIN rail, 35 x 15 mm x 2 m (1.4 x 0.60" x 6.6'), solid
  XBANS3575pl  DIN rail, 35 x 7.5 mm x 2 m (1.4 x 0.30" x 6.6'), slotted, aluminum


