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ANSI Color Code: Positive Wire, Blue; Negative Wire, Red; Overall, Brown |1 MOST POPULAR

MODELS HIGHLIGHTED!
AWG| Model Price/| SLE/ | Type Insulation Max Temp Nominal Size Wt. kg/300 mt
Insulation | No. | Number | 1000'[1000't*| Wire | Conductor | Overall °Cc °F mm (inches) (Ib/1000)
20 |GG-T-20 |$365 | $430 | Solid [Glass Braid 260 500 | 1.5x2.4(0.060 x 0.095) 4.(9)
20 |GG-T-20S| 460 | 550 | 7 x 28 |Glass Braid 260 500 | 1.5x2.5(0.060 x 0.100) 4(9)
Glass 24 |GG-T-24 | 265 | 305 | Solid |Glass Braid 200 400 | 1.3x2.0(0.050 x 0.080) 3(5)
24 |GG-T-24S| 420 | 500 | 7 x 32 |Glass Braid | Glass Braid | 200 400 | 1.3x2.2(0.050 x 0.085) 3 (5)
26 |GG-T-26 | 230 | 280 | Solid |Glass Braid 200 400 | 1.1x1.9(0.045x0.075) 2 (4)
28 |GG-T-28 | 220 | 255 | Solid |Glass Wrap 200 | 400 | 1.0x 1.4 (0.040 x 0.055) 2(3)
30 |GG-T-30 | 225 | 270 | Solid |Glass Wrap 150 | 300 | 0.9x1.3(0.037 x 0.050) 2 (3)
Glass with 20 |GG-T-20-SB| 710 | 850 | Solid 482 | 900 | 2.2x3.0(0.090 x 0.120) 6 (14)
Stainless 24 |GG-T-24-SB| 495 | 595 | Solid Glass SS Braid 482 900 | 2.2x3.0(0.085x0.117) 5(11)
Steel Over Glass
Overbraid
Kapton 20 |KK-T-20 870 | 990 | Solid Fused Fused 316 600 | 1.5x2.5(0.060 x 0.100) 5(11)
Polymide 24 |KK-T-24 660 | 755 | Solid Polymide Polymide 316 600 | 1.3x1.9(0.050 x 0.075) 3 (6)
Tape 30 |KK-T-30 | 650 | 750 | Solid Tape Tape 316 | 600 | 1.0x 1.4 (0.040 x 0.055) 3(5)
PEA 30 |[TG-T-30 | 480 - | Solid 150 | 300 | 0.9x1.2(0.034 x0.047) 1(2)
Glass 36 |TG-T-36 550 - | Solid PFA Glass Braid 150 300 | 0.7 x1.0(0.028 x 0.038) 1(2)
40 |TG-T-40 | 620 - | Solid 150 | 300 | 0.7x0.9(0.026 x 0.035) 1(2)
20 (TT-T-20 455 | 515 | Solid 260 500 | 1.7x3.0(0.068 x0.116) 5(11)
Neofl 20 |TT-T-20S | 595 | 715 | 7x 28 260 | 500 | 1.9x3.2(0.073x0.126) 5(11)
sz on 22 |TT-T-22S | 580 | 695 |7 x 30 260 | 500 | 1.7 x3.4(0.065x 0.133) 4 (9)
High 24 (TT-T-24 370 | 415 | Solid PFA PEA 200 400 | 1.4x2.4(0.056 x 0.092) 3(7)
f, 'g 24 |TT-T-24S| 400 | 485 | 7x32 200 | 400 | 1.6x2.6(0.063x0.102) 3(7)
erformance)| 3 |TT.1-301 | 390 | 430 | Solid 150 | 300 | 0.6x1.0(0.024 x 0.040) 1(2)
36 |TT-T-36™ | 450 | 495 | Solid 150 300 | 0.5x0.8(0.019 x0.030) 1(2)
40 |TT-T-40" | 590 | 650 | Solid 150 | 300 | 0.4x0.7(0.017 x 0.026) 1 (2)
PFA 20 |TT-T-20-TWSH| 975 | 1125 | Solid PFA 260 500 3.7 (0.15) 9 (20)
Polymer 20S | TT-T-208-TWSH| 1170 | 1405 | 7 x 28 PFA Polvmer and 260 500 3.8 (0.15) 9 (20)
w/Twisted 24 |TT-T-24TWSH| 560 | 645 | Solid | Polymer SKieI din 260 | 500 2.7 (0.11) 4 (9)
and Shielded | 24S | TT-T-245-TWSH| 670 | 805 | 7x 32 9 260 500 2.9(0.12) 4(9)
Conductors
Neoflon FEP | 20 |FF-T-20 430 | 540 | Solid FEP FEP 200 392 | 1.7x3.0(0.068 x0.116) 5(11)
24 |FF-T-24 | 335 | 345 | Solid 200 | 392 | 1.4x2.4(0.056 x 0.092) 3(7)
FEP 20 |FF-T-20-TWSH| 735 | 845 | Solid FEP 200 392 3.7 (0.15) 9 (20)
Polymer 20S | FETASTWSH| 885 | 1060 |7x28 | FEP o o 0| 200 | 392 3.8(0.15) 9 (20)
w/Twisted 24 |FF-T-24TWSH| 425 | 490 | Solid Polymer Shielding 200 | 392 2.7 (0.11) 4(9)
and Shielded | 24S | FF-T-45-TWSH| 505 | 610 | 7x 32 200 | 392 2.9(0.12) 4 (9)
Conductors
TFE Tape 20 |[TFE-T-20 | 450 | 510 | Solid Fused TFE 260 500 | 1.5x2.5(0.060 x 0.100) 5(11)
Polymer 20S |TFE-T-20S| 570 | 650 | 7x28 | TFE Tape Tape 260 500 | 1.5x2.7(0.060 x 0.105) 5(11)
24 |TFE-T-24 | 315 | 350 | Solid Polymer Pol ‘r)ner 260 500 | 1.3x1.9(0.050 x 0.075) 3 (6)
24S |TFE-T-24S| 370 | 415 | 7x 32 Y 260 500 | 1.3x2.2(0.050 x 0.085) 3 (6)
24 |PP-T-24 | 265 | 305 | Solid Polyvinyl 105 | 221 | 1.9x3(0.075 x 0.120) 5 (10)
Polyvinyl 24 |PP-T-24S| 335 | 400 | 7x32| Polyvinyl Polyvinyl, | 105 | 221 | 1.9x3.1(0.080x 0.130) 5 (10)
24 |PR-T-24 | 155 | 175 | Solid (Rip Cord) 105 | 221 | 1.3x2.2(0.050 x 0.086) 3(5)
See Fused Tape Insulated TFE-T Series.
** Two insulated leads bonded together, but with no overjacket.
" Weight of spool and wire rounded to the next highest Ib.
(does not include packing material). ANSI To order 5
™ Overall color clear, ™ To order special limits of error wire, add color IEC color Discount Schedule (7000 ft spools only)
“-SLE” to model number before spool length. code code see 31048POOIS . ..o ot 10%
Ordering Example: TT-T-24-SLE-1000, 1000’ (300 m) of Type T M page A-9 5109 SPOOIS -+ o v v 15%
duplex insulated special limits of error thermocouple wire, $485. 1010 19 SPOOIS - -+ v 20%
spaal PRIGING Spool Pricing Guidelines
(" STANDARD SPOOL LENGTHS ) | mutiply 300 m or 1000 spool price by
multiplier and round to the nearest dollar.
7.5m (25') 60 m (200') FOR LONGER LENGTHS Consult Sales for price quote.
15 m (50') 150 m (500') CONSULT SALES FUB’ 7.5mor 25 = Price from Chart x 0.0625
30m (100') 300 m (1000') PRICE AND DELIVERY! 15mor 50" = Price from Chart x 0.1
30 mor 100' = Price from Chart x 0.175
To order standard length spools, multiply the 300 m or 1000 60 m or 200" = Price from Chart x 0.3
spool price by the multiplier and round to the nearest dollar. 150 m or 500" = Price from Chart x 0.5
\Example: GG-K-20-50, 50' (15 m) spool of GG-K-20 wire = $410 x 0.1 = $41 Y, 300 m or 1000' = Price from Chart x 1.0
Note: Published prices are based on market value at time of printing and are subject to change due to
Nickel surcharges, Chromium and precious-metal market fluctuations.
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More than 100,000 Products Available!

o Temperature

Calibrators, Connectors, General Test and Measurement
Instruments, Glass Bulb Thermometers, Handheld Instruments
for Temperature Measurement, Ice Point References,
Indicating Labels, Crayons, Cements and Lacquers, Infrared
Temperature Measurement Instruments, Recorders Relative
Humidity Measurement Instruments, RTD Probes, Elements
and Assemblies, Temperature & Process Meters, Timers and
Counters, Temperature and Process Controllers and Power
Switching Devices, Thermistor Elements, Probes and
Assemblies, Thermocouples Thermowells and Head and Well
Assemblies, Transmitters, Wire

o Flow and Level

Air Velocity Indicators, Doppler Flowmeters, Level
Measurement, Magnetic Flowmeters, Mass Flowmeters,
Pitot Tubes, Pumps, Rotameters, Turbine and Paddle Wheel
Flowmeters, Ultrasonic Flowmeters, Valves,Variable Area
Flowmeters, Vortex Shedding Flowmeters

« pH and Conductivity

Conductivity Instrumentation, Dissolved Oxygen
Instrumentation, Environmental Instrumentation, pH
Electrodes and Instruments, Water and Soil Analysis
Instrumentation

« Data Acquisition

Auto-Dialers and Alarm Monitoring Systems,
Communication Products and Converters, Data
Acquisition and Analysis Software, Data Loggers
Plug-in Cards, Signal Conditioners, USB,R5232, RS485
and Parallel Port Data Acquisition Systems, Wireless
Transmitters and Receivers

e Pressure, Strain and Force

Displacement Transducers, Dynamic Measurement

Force Sensors, Instrumentation for Pressure and Strain
Measurements, Load Cells, Pressure Gauges, Pressure
Reference Section, Pressure Switches, Pressure Transducers,
Proximity Transducers, Regulators,

Strain Gages, Torque Transducers, Valves

o Heaters

Band Heaters, Cartridge Heaters, Circulation Heaters,
Comfort Heaters, Controllers, Meters and Switching
Devices, Flexible Heaters, General Test and Measurement
Instruments, Heater Hook-up Wire, Heating Cable
Systems, Immersion Heaters, Process Air and Duct,
Heaters, Radiant Heaters, Strip Heaters, Tubular Heaters

e click here to go to the omega.com home page e
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